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147-032XMS-0005G 
(NSN: 5940-01-557-2719) (Symbol 101)

125 AMP Blade Type Receptacle Composite Electrical Box
Grounded

Identification Location
(Space Permitting)

1 7/8-16 UN-2A Thd.

.410
(10.4)

1.630 (41.4) I.D.

  1.190 (30.2)
3 Places

90° C'sink X Ø.060 (1.52)
  3 Places

Ø1.020 (25.9) Max Hole
    3 Places

Ø1.410 (35.8) Max Mtg Surface
      3 Places
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TABLE I: Finish
Symbol Description

XMS Internal Surfaces - Electroless Nickel
Exterior Surfaces - Unplated Light Grey Color

XO No Plating

APPLICATION NOTES

1. Assembly identified with manufacurer’s code identification number (Glenair, 
part number and date code).

2. Accommodates one each, 115V or 125V, 15 Amp electrical connector 
receptacle (See Detail B).

3. Material / Finish:
 Box, cover - Thermoplastic grey color/see Table I. 
 Hardware - 316 SST/passivate. 
 Seals and gaskets - Silicone/N.A.
 Mounting Plate - Al alloy/electroless nickel or 300 series SST/passivate.

4. Metric dimensions (mm) are indicated in parentheses.

VIEW A-A

Plate Assy
(See Detail D) MIL-T-55164/15

    9TB04F

MS17143-6
Lug, 2 Places DETAIL D

147-032XMS-0005G 
(NSN: 5940-01-557-2719) (Symbol 101)

125 AMP Blade Type Receptacle Composite Electrical Box
Grounded


